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ZERTIFIKAT - CERTIFICATE -

CERTIFICATE

No. U8 07 12 64052 001

Holder of Certificate:

Production
Facility(ies):

Certification Mark:

Product:

Model(s):

Parameters:

Tested
according to:

Timken Company
1835 Dueber Ave SW
Canton OH 44706

USA

64051

Sensors
Vibration and Temperature Sensor

SCVT 599201, SCVT 599202, SCVT599301, SCVT 599302
Model Differences

SCVT599201 - 10 mW Transmitter, short temperature probe
SCVT599202 - 10 mW Transmitter, long temperature probe
SCVT599301 - 100 mW Transmitter, short temperature probe
SCVT599302 - 100 mW Transmitter, long temperature probe

Rated Input Voltage: 3V DC, Lithium Battery
Protection Class: Il

(No Electrical testing deemed necessary)
Degree of Protection: IP67

CAN/CSA C22.2 No. 61010-1:2004
UL 61010-1:2004
EN 61010-1:2001

The product was voluntarily tested according to the relevant safety requirements and mentioned
properties. It can be marked with the cerfification mark shown above. The certification mark must
not be altered in any way. See also notes overleaf.

Test report no.:

Date, 2008-01-24
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